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DETAILS

Product Number CA10927_STRADA-B

Family Strada-B

Type Assembly

Color clear

Diameter 19,6 + 15,5 mm

Height 5.2 mm

Style rectang

Optic Material PMMA

Holder Material

Fastening screw, tape

Status ready

ROHS Comliant Yes

Date Updated 10/06/2014

OPTICAL PROPERTIES
 Viewing Light Effi-   

LED Angle Beam ciency cd/lm Connector

Z5 sim: 110+40 Streetligh... 93 % - -

XP-G 112+42 deg Streetligh... 93 % 0.500 -

H35C0 (LEMWA33) 112+43 deg Streetligh... 88 % 0.500 -

XP-E 116+44 deg Streetligh... 93 % 0.560 -
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MATERIALS
Lens: PMMA

Datasheet Strada-B-XP lens
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NOTE: The typical divergence will be changed by different color, chip size and chip position
tolerance. The typical total divergence is the full angle measured where the luminous intensity
is half of the peak value.


