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SRT12

Specification:

1) Operating Temperature: -30°C ~ 200°C
2) Flame Rating: UL-94V-0

3) Dielectric Breakdown Voltage: > 3.5 KV
4) Thermal Conductivity: 1.0 W/mk

5) Dielectric Constant: 0.4 °C-IN*/W

6) Volume Resistivity: 1~2-10" W-cm

Dimension A [mm]:
8, 10, 12, 14, 16, 18, 20
Silicon Insulating Tubes
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