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D—SUB CRIMP TYPE

Specifications

C Contact Resistance:930m max. at DC
B 1Q0mA 0
Insulator Resistance: 1000M min. at DC
< A 500V
0 Currant Rating: 5 AMP
| ~ s Dielectric Withstanding
ﬂ'oooooonooocuo] ol el Voltage: AC 1200V For 1 minute
(000000000000 NN Operating Temperature: —55C ~ +105C
~ - \ < i Houslhg: PBT & 30% Glass Fiber (UL
10 [\ 2.77 94v-Q)
2—$3.05 Clear hole Shells : Brass

Plating : pure Ton over Nickel

ROHS compliant
MSL components : level 3
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D 10.72
E = 09 ways 09—-15-25-37
A = 15 ways
B = 25 ways
C = 37 ways
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156 |24.99|33.32| 39.14|27.70|24.45 xx o JFL 14/11/01 CRIMP VERSION Dole Plant
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