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1 DIM "A"= .256/6.50 FOR 42477 & 42478 TERMINALS
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PLUG RECEPTACLE HOUSING | DIM.'A" [ DIM.'B" ['C'PREBENT EAR['C' STANDARD EAR
ORDER NO. ENG. NO. ORDER NO. ENG. NO. PLUG |.933/(23.70)|.375/(9.53) .40/(10.2) .38/(9.7)
03-09-203 | 1396-P 03-09- 1031 1396-R RECEPT. |,830/(21.08)[.3 12/(7.92) .41/(10.4) .39/(9.9)
03-09-2032 1396-P | 03-09-1032 1396-R|
03-09-7032 1396-P IBK 03-09-1033 1396-R2
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LEGEND: 'B"+.005/(0. 13) DETAIL A
396G -*x%%—x% T STANDARD MOUNTING EAR
T (SCALE 4:D)
——= "A"£.005/(0.13) re—
P - PLUG RECOMMENDED PANEL MOUNTING HOLE
R = RECEPTACLE
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| = WITHOUT EARS
2 = RECEPTACLE WITHOUT EARS, WITHOUT LOCK RAMPS -180
3 = PLUG ONLY, W/ SIDE MOUNT (SEE SD-1396-P3) (4.57)
4 = WITH PREBENT EARS
COLOR: BLANK=NATURAL COLOR ———————
AM=AMBER BK=BLACK BU=BLUE EEE
BN=BROWN GY=GRAY GN=GREEN
OR=ORANGE RD=RED  YW=YELLOW \/

BLANK = NYLON 6/6, 94V-2

.093
(2.36)

NOTES:

1. MATERIAL: SEE LEGEND
2. FINISH: NOT APPLICABLE

3. PRODUCT SPECIFICATION: PS-02-09

4. PACKAGING INFORMATION: REFER TO PK-1396-001 DETAIL B
/5\DIMENSION FROM THE BACK OF THE HOUSING TO THE END OF .

BRUSH ON WIRE INSERTED INTO THE HOUSING: PREBEN(TSCI\Q(BENTEING EAR

4:1)
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