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3.94
MALE - FACE VIEW REF
100.0
FINISHED LENGTH (SEE CHART)
P1 RJ45
ADDITIONAL CABLE PARAMETERS 7 YELLOW 7
PHYSICAL CHARACTERISTICS: 2 WHITE 3
CONDUCTOR PAIR SIZE_ |#22 (7 X =30) BARE COPPER ALLOY ‘ 3 | ORANGE | > ‘
WIRE CROSS SECTION 0.34mm2 (NOM.) Bl UE
4 6
INSULATION TYPE POLYOLEFIN INSULATION
FOL_SHIELD PLASTIC/ALUMNIUM FOIL_WITH FOIL 0UT \ SHIELD \
BRAID_SHIELD TINNED_COPPER BRAID WITH MIN. 85% COVERAGE
NOTES: OUTSIDE DIAMETER @ 6.7mm (2647 WIRING DIAGRAM
JACKET INSULATION GREEN PUR
1) MATERIAL: SEF TABLE PROFINET CABLE STYLE |TYPE C
2) FINISHES: SEE TABLE ENVIRONMENTAL CHARACTERISTICS: MECHANICAL CHARACTERISTICS FOR C-TRACK APPLICATIONS:
3) CABLE: #22/4 SHELDED PUR FLAME RESISTANCE FT1 APPROVED | [MIN. BENDING RADIUS 15xCABLE DIAMETER
] AGENCY CERTIFICATIONS | UL AND CSA OPERATING WAY SM OF TRAVEL
4) ELECTRICAL DATA: OPERATION TEMPERATURE | -20°C_TO 60°C | |SPEED 200M/Min.
ACCORDING TO CAT5e ETHERNET STANDARD STORAGE TEMPERATURE | -40°C TO 80°C | |MAX. C_TRACK CYCLES S MILLION
MAX. VOLTAGE: 30V HALOGEN FREE IEC_ 607541 ACCELERATION MAX. 2m/s
MAX. CURRENT 15A SILICONE FREE YES WELD SLAG RESISTANCE | NO TEST RESULTS AVAILABLE
5) ENVIRONMENTAL : CFC-FREE YES IMPRINT: X N X 2x2xAWG22/7-9HISTIC11Y INDUSTRIAL ETHERNET
PROFINET TYP C E48408 cULus AWM STYLE 20236
PROTECTION P67 AWM I/l A/B 80°C 30 V FT1
TEMPERATURE RANGE: -20°C TO 60°C
6) WRAP LABEL IS MARKED WITH P/N, DATE CODE,
VOLTAGE & AMPERAGE. DIMENSION STYLE SCALE DESGN UNITS
SE3| |qualTy| GENERAL TOLERANCES THIRD ANGLE
7) ASSEMBLY IS RoHS COMPLIANT. S=E| |syvaoLs| (UNLESS SPECFIED) IN/MM 12 ‘ INCH © ] PROJECTION
u fo% mm INCH | DRAWN BY DATE TITLE M12-4P(D)-MM
R S SE _ p— — - -
0 TABET SLASTIC ELM [BLACK/YELLOW g é 8 v O [4 PLACES|* ¥ BRUPERT 2011711729 ST/RJ45-M-XM-PUR
T [INSERT PUR BLACK suE 2 -0 JPLACESIE - |£.005 |TECEREY - AT —HmATE
4| PN _CONTACT COPPER ALLOY | GOLD PLATED 2oL _Z(@| VY [2PLACES|X 013 |1£.010
=50 T ¥ APPROVED BY DATE
1 [COUPLING NUT BRASS NICKEL ES285° TPLACE B 0.25 2020 FAiecn ™ o, il folex  MOLEX INCORPORATED
1 OVERMOLD PUR BLACK s EE 5 R MATERIAL NO, DMNT N SHEET NG.
1 RJ45 PLUG N/A BLACK m==9n DRAFT WHERE APPLICABLE| SEE CHART SD-120108-045 1 0F 2
1 |ETHERNET CABLE-CATSE[PUR JACKET | GREEN 2LSS% MUST REMAIN SZE[ THIS DRAWING CONTAINS INFORMATION THAT IS PROPRIETARY TO MOLEX
QTY.|DESCRIPTION MATERIAL FINISH E @ WITHIN DIMENSIONS B INCORPORATED AND SHOULD NOT BE USED WITHOUT WRITTEN PERMISSION
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MATERIAL NO. | ENGINEERING NO.
1201088255 F16A06011M002
1201088120 F16A06011M005
1201080256 F16A06011M010
1201080203 F16A06011M020
1201088121 E16A06011M030
1201080289 F16A06011MO4O
1201080257 E16A06011M0S0 E16A06011MM020
1201080285 F16A06011M060
1201088122 F16A06011M070
1201080286 F16A06011MO80
1201080290 E16A06011M0O90 CABLE TYPE LENGTH
g MO10 - 1 METERS
1201080258 F16A06011M100 M020 - 2 METERS
1201080291 F16A06011M120 PUR GREEN M100 - 10 METERS
1201080292 E16A06011M140 ETC..
1201080259 F16A06011M150
1201080293 E16A06011M180
1201080260 F16A06011M200
1201088123 F16A06011M230
1201080261 F16A06011M250
1201080262 E16A06011M300
1201088388 F16A06011M350
1201088199 E16A06011M400
1201080263 F16A06011M500
1201080294 F16A06011M700
1201080196 F16A06011M00
1201088200 F16A06011T100
S=Z[ [quaLiTY|] GENERAL TOLERANCES DIMENSION STYLE SCALE DESIGN UNITS THRD ANGLE
w 253| |sympoLs| (UNLESS SPECIFIED) IN/MM 1:2 INCH © A pREEION
a_<LLe | — mm INCH | DRAWN BY DATE TITLE
SSSRRz| W0 [4PLAGS|E—- [F-— PBRUPERT  2011/11/29 M12-4P(D)-MM
sz £ 3 PLACES £ -—- |+.005  |CHECKED 8Y DATE ST/RJ45-M-XM-PUR
228 Z2\/-0 [ZPLAGES[+0.13|+.010
ey E é % W TPLACE |IT025 |* 020 |APPROVED BY DATE
Trz=S 0 PLACE |[F—= [T--= JFMURPHY  2012/04/17
ads 2ae ANGUL AR +1/20° MATERIAL NO. DOCUMENT NO. SHEET NO.
BZ=50 DRAFT WHERE APPLICABLE|  SEE CHART SD-120108-045 2 OF 2
WO = = W\Tm\L/J\/SEW/\REE/\F//‘SA\WNS SIZE | THIS DRAWING CONTAINS INFORMATION THAT IS PROPRIETARY TO MOLEX
E o B INCORPORATED AND SHOULD NOT BE USED WITHOUT WRITTEN PERMISSION
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