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Material.No. Part No. L
1201088008 E16A03002M005 500
1201080010 E16A03002M010 1000
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M12-4P(D)-FE-ST/RJ45-M-0.5M
Ethernet Cordset

unshielded
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Electrical Data:
According to CAT5e Ethernet Standard.
M12 D-Code to RJ45
Poles:                          4
Max. Voltage:              125V
Max. Current:              1,5A
Resisteance:              < 5m Ohm
Insulation withstand:   >100M Ohm
Protection:                   IP67
Temperature range:    -25°C to 75°C

Packaging:
The coil is packed into a plastic bag and welded.
Verpackung:
Das Kabel wird zusammengerollt in eine Plastiktüte gegeben und verschweißt.

D-Code RJ45L
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For further cable length see generic drawing


