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Zubehor o

GM-FS Metr., PG, NPT

Material Polyamid VO nach UL 94 “
Davergebrauchstemperatur -40 °C - 100 °C m

Lieferfarbe grau (RAL 7035), schwarz (RAL 9005)

Hinweise:
- Andere Farben auf Anfrage

IG
~ SN m———
@ Best.-Nr. Best.-Nr.
IG H PA VO PA VO
mm mm grau schwarz
M12x1,5 5 17 1.262.1200.50 1.262.1201.50
M16x1,5 5 22 1.262.1600.50 1.262.1601.50
M20x1,5 6 27 1.262.2000.50 1.262.2001.50
M25x 1,5 6,5 32 1.262.2500.50 1.262.2501.50
M32x1,5 7 41 1.262.3200.50 1.262.3201.50
M40x1,5 7 50 1.262.4000.50 1.262.4001.50
M50x1,5 8 60 1.262.5000.50 1.262.5001.50
Mé63x1,5 8 75 1.262.6300.50 1.262.6301.50
PG 7 5 19 1.262.0700.11 1.262.0701.11
PG 9 5 22 1.262.0900.11 1.262.0901.11
PG 11 5 24 1.262.1100.11 1.262.1101.11
PG 13,5 6 27 1.262.1300.11 1.262.1301.11
PG 16 6 30 1.262.1600.11 1.262.1601.11
PG 21 7 36 1.262.2100.11 1.262.2101.11
PG 29 7 46 1.262.2900.11 1.262.2901.11
PG 36 8 60 1.262.3600.11 1.262.3601.11
PG 42 8 65 1.262.4200.11 1.262.4201.11
PG 48 8 70 1.262.4800.11 1.262.4801.11
NPT 3/8" 7 24 1.262.3800.70 1.262.3801.70
NPT 1/2" 6 27 1.262.1200.70 1.262.1201.70
NPT 3/4" 7 32 1.262.3400.70 1.262.3401.70
NPT 1" 7 40 1.262.1000.70 1.262.1001.70
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