404.0 / 402.7*

382.5

356.5 / 355.5*

Cylinder Screw

~T120.0
5.0~1—

‘“ “—@1 1.0

SECTION C-C

M6 x 25/10 similar to DIN 84
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SECTION D-D

* = Conical form tapering downward.

Untoleranced dimensions per GTA 13/5 DIN 1688

OPTIONAL ACCESSORIES

PART NAME QTY. |AVILABILITY
MOUNTING PLATE 1 Y
EXTERNAL HINGE 2 Y
INTERNAL HINGE 2 Y
MOUNTING BRACKETS 4 Y
NEOPRENE/SILICON GASKET 1 Y
DIN RAILTS15 - N
DIN RAILTS35 1 Y
QUANTITY | MATERIAL :- MACH.NAME DATE | SIGN NAME
) Alsil2 _ RRPL| DESIGN
Din230 . 15/01/14 MANOJ DRAWN|
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