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OSXXXX71FA4B
R 5351 Series
mFeatures mOutline Dimension
® High Luminous LEDs
® 2x5x7mm Rectangular Standard Directivity 48 495
® Superior Weather-resistance
® UV Resistant Epoxy S ‘ i ‘
Ll
® Color diffused Type j - ‘
|
o Sanley: 5351 Series 054010 u ¥
. . L 2
mApplications § ‘I~ LAnode
— \ .
o Traffic Signal 9 = 2C<afh0de
N g Unit:mm
L & ol 4020
e Backlighting 2 olerance:0.20mm
| } | unless otherwise noted
¢ Signal and channel letter L
234
e Other Lighting 1 2
mAbsolute Maximum Rating (Ta=25C) mDirectivity
Value .
ltem Symbol Unit
YG/Y/O/R
DC Forward Current el 30 mA
Pulse Forward Current* = 100 mA
Reverse Voltage Y 5 \%
Power Dissipation i 78 mwW
Operating Temperature Topr -30 ~ +85 C
Storage Temperature Tstg -40 ~ +100 C
Lead Soldering Temperature Tsol 2B05sec -
*Pulse width Max.10ms Duty ratio max 1/10
mElectrical -Optical Characteristics (Ta=25C)
Ve (V) IR(LA) Iv(mcd) wd(nm)* 201/2(deg
Part Number Color Min. ‘ Typ.|Max. Max. Min. |Typ.‘Max. Min. | Typ. |Max. Typ.
I.=20mA Vr=5V I.=20mA
OSG8NU71F4B | Yellow GreetYG 18| 21| 26 10 10 20 | - 565 570 | 575 150
OSY5LU71F4B Yellow Y 18| 21| 26 10 30 45 | - 585 590 | 595 150
OSY5JA71F4B Yellow Y 18| 21| 26 10 45 68 | - 585 590 | 595 150
OSO5JA71F4B Orange 0] 18| 21| 26 10 68 100| - 600 605 | 610 150
OSR5JA71F4B Red RM| 18| 21| 26 10 45 68 | - 620 625 | 630 150
OSR6LU71F4B Red RM| 18|21 26 10 20 30 | - 630 640 | 650 150
OSR7CA71F4B Red REM| 18| 21| 26 10 100 | 150 - 650 660 | 670 150

*1 Tolerance of measurements of dominant wavelengtthrisn
*2 Tolerance of measurements of luminous intensityl 5%
*3 Tolerance of measurements of forward voltagedid ¥
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