Accessories

DS Metr.
RoHS Material BHastomer
Protection IP54
Operating Temperature -20 °C-80 °C (4°F- 176 °F)
D
T Advice:
-For through holes or threaded holes
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(4] D H Number
mm mm mm
12 17 5 1.250.1201.50
16 20 5 1.250.1601.50
20 25 5 1.250.2001.50
25 30 ) 1.250.2501.50
32 37 5 1.250.3201.50
40 45 5 1.250.4001.50
50 56 5 1.250.5001.50
63 70 ) 1.250.6301.50
WN Metr.
Material Polyethylene
Protection IP54
Operating Temperature -20 °C -80 °C (-4°F— 176 °F)
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AG GL ) & Number
mm mm mm
M 16 x 1,5 9 19,8 15 1.282.1600.50
M 20x1,5 12 24 19 1.282.2000.50
M 25x1,5 12 29,5 24 1.282.2500.50
M 32 x1,5 14 7.5 30 1.282.3200.50
M40 x1,5 14 45,8 37 1.282.4000.50
M 50 x 1,5 18 55,8 46 1.282.5000.50
M 63 x1,5 20 68,8 56 1.282.6300.50

Dimensions and specifications may be changed without prior notice




