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Zubehor -
GM-Ms Metr., PG, G
Material Messing vernickelt “
IG
IG H % Best.-Nr. IG H % Best.-Nr.
mm mm mm mm
MI12x1,5 2,8 15 1.161.1200.50 PG 7 2,8 15 1.161.0700.01
M16x1,5 2,8 19 1.161.1600.50 PG 9 2,8 18 1.161.0900.01
M20x1,5 3,0 23 1.161.2000.50 PG 11 3,0 21 1.161.1100.01
M25x1,5 e 29 1.161.2500.50 PG 13,5 3,0 23 1.161.1300.01
M32x1,5 4,0 36 1.161.3200.50 PG16 3,0 26 1.161.1600.01
M40x1,5 4,5 45 1.161.4000.50 PG 21 3,5 32 1.161.2100.01
M50x1,5 55 55 1.161.5000.50 PG 29 4,0 41 1.161.2900.01
Mé63x1,5 6,0 70 1.161.6300.50 PG 36 5,0 51 1.161.3600.01
M75x1,5 8,0 85 1.161.7500.50 PG 42 5,0 60 1.161.4200.01
M80x2 8,0 20 1.161.8000.50 PG 48 55 64 1.161.4800.01
M90x 2 8,0 100 1.161.9000.50 G21/2" 7 80 1.106.5200.99
M 100x 2 11 115 1.161.1000.50 G3” 8 95 1.106.3000.99
MI110x2 11 125 1.161.1100.50 G 4" 11 125 1.106.4000.99
GM-EMV Metr., PG
Material Messing vernickelt “
IG
”
IG H @ S Best.-Nr. IG H % S Best.-Nr.
mm mm mm mm mm mm

M12x1,5 2,8 15 0,7 1.167.1200.50 PG 7 2,8 15 0,7 1.167.0700.01
M16x1,5 2,8 19 0,7 1.167.1600.50 PG 9 2,8 18 0,7 1.167.0900.01
M20x1,5 3,0 24 0,7 1.167.2000.50 PG 11 3,0 21 0,7 1.167.1100.01
M25x1,5 35 30 07 1.167.2500.50 PG 13,5 3,0 23 0,7 1.167.1300.01
M32x1,5 4,5 36 0,7 1.167.3200.50 PG 16 3,0 26 0,7 1.167.1600.01
M40x1,5 50 46 07 1.167.4000.50 PG 21 3,5 32 0,7 1.167.2100.01
M50x1,5 50 60 0,7 1.167.5000.50 PG 29 4,0 41 0,7 1.167.2900.01
M63x1,5 6,0 70 07 1.167.6300.50 PG 36 5,0 51 0,7 1.167.3600.01
PG 42 5,0 60 0,7 1.167.4200.01

PG 48 5,5 64 0,7 1.167.4800.01

Technische Anderungen vorbehalten




