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Frame: Black,Nylon 66
Actuator:Black, Nylon 66

Rating 20A 12V DC Mounting Hole Circuit Diagram
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Contact Resistance 50m ohm Max. >
Insulation Resistance DC 500V -100M ohm Min. H
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