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Detailed product Description: ¢
22 OOREF 1.Waterproof connector rating is IP67/IP68
2.Protected from dust and water during immersion,
12.70 resistant to many oils and chemical etc —
i T @@ . F
2 1 3 Electrical character:
© TUUUT 1.Rating voltage: 60V AC/DC
L L J 2.Insulation resistance: >100MQ |
Plasti 3.Rating current: 4A
astic 4.Contact resistance of the connector<10 mQ
E
Other Specification:
1.Contact PIN:Phosphor Copper with Gold plating
2.Coupling nut/screw: Brass with nickel plating —
3.Insulation plastic: PAB6+GF
4.Degree of protection:IP67,/68
5.0perating temperature: —25C~+85C D
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SR—-MBA-03P-MM-SF7001-00B(H) 60V 60V 3A 10mQ ed?/o Qun/ / T4,
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PANEL CUT-OUT VN 6.50
SR-MBA—-04P-MM-SF7001-00B(H) 30V 30V SA 10mQ RECEUMENDED PCB LAYOUT
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