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See Notes

IP67 Industrial Duplex LC 
Protective cap Assembly for Plug

RoHS Compliant

17K1A004

17-300050

Tolerance
Unless otherwise specified

0   PLC     `0.50

1   PLC     `0.38

2   PLC     `0.25

3   PLC     `0.10

ANGLES    `3~
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n24.5

11

25.7

32.2

n31.5

Tether

Protective Cap

Bayonet Channel x 3

Notes:
1. Material:
   - Protective Cap: Polyester (Black); UL94 V-0
   - Tether: Polycarbonate (Black)

   - Operating Temperature: -40~C to +85~C
 

Protective cap

Bayonet Locking Type

Plastic or Metallized

b

Directive 2002/95/EC RoHS Compliant

c

d


