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Electrical test: 8 M 8 ORANGE
100% open short & miss wire test. 9 9 PURPLE
MATERIAL LIST SHELL——SHELL _BRAID*DRAN. SHELL
| PACKAGE |PEBAG 1
MINI TIE__ [ L=t00mm 2
®| PRINTING |AWM 80°C 30V VW-1 USB 3.0 SUPER SPEED CABLE Suribo
®| CcABLE |7%0.12BC*2C+PVC OD: 3.0£0.1, COLOR: BLACK 0.3M
@ ABLE | 77012 BC*1P+7+0.12 BC*2C+[7*0.12 BC*1P+D(7°0.12BC)+AL]"2+AL+ ™ -
c D(7*0.12 BC)+B(16*6*0.12ALMG)+PVC, OD:5.3 +0.1mm, COLOR: BLACK ——
MOLD HOOD | PVC, COLOR: BLACK 1
(® | MOLD HOOD | PVC, COLOR: BLACK 1
USB Cable, USB 3.0, 2x A mal ]
(» | MOLD HOOD | PVC, COLOR: BLACK 1 DRAWNo.  |2D-USB1306203 | NAME  |mare, black 1,0m3 0, 2x A male fo Tx micro
(3 | CONNECTOR | USB 3.0 A MALE, NICKEL PLATED 1 CUSTOMER | 2Direct GmbH MAPE TOLERANCE
X. +1.00
@ CONNECTOR| USB 3.0 MICRO B MALE, NICKEL PLATED 1 CUSTOMER No.[CU0072 @- e XX +0.50
(D | CONNECTOR | USB 3.0 A MALE, NICKEL PLATED 1 APPROVE BY | CHECKBY DRAWBY | SCALE| MM
No.| PART NAME DESCRIPTION QTY |REMARK| ~ USB1306203 William USB1306203 | PAGE | 1/1




