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Alle Masze haben ausschliesslich informativen Charakter/All dimensions are for information purposes only
Artikelbezeichnung/|Nom. Schlauch-@/| Gewinde/Thread Lichte Weite/Bore |SW / A/F| Projektnr./
Product type Nom. Conduit-# K L M N 0 P Project no.
HG10-S-PG7 10 PG7 9 24 19 7.5 19 GPN 10-0123
HG10-S-PGY 10 PG9 11 24 19 9.5 19 GPN 10-0124
HG11-S-PG7 11 PG7 24 19 7.5 19 GPN 10-0125
HG13-S-PG7 13 PG7 26 24 7.5 23 GPN 10-0126
HG13-S-PGY 13 PG9 11 26 24 11.0 23 GPN 10-0127
HG13-S-PG11 13 PG11 10 26 24 12.5 23 GPN 10-0128
HG16-S-PGY 16 PG9 11 30 29 11.0 28 GPN 10-0129
HG16-S-PG11 16 PG11 10 30 29 14.5 28 GPN 10-0130
HG16-S-PG13 16 PG13.5 10 30 29 14.5 28 GPN 10-0131
HG16-S-PG16 16 PG16 11 30 29 14.5 28 GPN 10-0132
HG18-S-PG13 18 PG13.5 10 30 32 16.5 30 GPN 10-0133
HG18-S-PG16 18 PG16 11 30 32 18.0 30 GPN 10-0134
HG21-S-PG13 21 PG13.5 10 30 32 16.5 30 GPN 10-0135
HG21-S-PG16 21 PG16 11 30 32 18.0 30 GPN 10-0136
HG21-S-PG21 21 PG21 12 30 32 20.5 30 GPN 10-0137
HG28-S-PG21 28 PG21 12 34 44 22.5 42 GPN 10-0138
HG28-S$-PG29 28 PG29 12 34 44 27.5 42 GPN 10-0139
HG34-S-PG29 34 PG29 12 37 51 30.5 49 GPN 10-0140
HG42-S-PG36 42 PG36 12 44 63 40.0 60 GPN 10-0141
HG54-S-PG42 54 PG42 12 49 76 47.0 73 GPN 10-0142
HG54-S-PG48 54 PG48 12 49 76 52.0 73 GPN 10-0143
HG67-S-PG48 67 PG48 12 54 90 52.0 87 GPN 10-0144
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