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Product type Nom. Conduit-# K L M N 0 P Project no.
HG10-S-M12 10 M12x1.5 24 19 7.5 19 GPN 10-0102
HG10-S-M16 10 M16x1.5 11 24 19 9.5 19 GPN 10-0103
HG11-S-M12 11 Mi2x1.5 24 19 7.5 19 GPN 10-0104
HG13-S-M12 13 Mi2x1.5 26 24 7.5 23 GPN 10-0105
HG13-S-M16 13 M16x1.5 11 26 24 11.0 23 GPN 10-0106
HG13-S-M20 13 M20x1.5 14 26 24 12.5 23 GPN 10-0107
HG16-S-M16 16 M16x1.5 11 30 29 11.0 28 GPN 10-0108
HG16-S-M20 16 M20x1.5 14 30 29 14.5 28 GPN 10-0109
HG18-S-M20 18 M20x1.5 14 30 32 14.5 30 GPN 10-0110
HG20-S$-N20 20 M20x1.5 14 30 32 14.5 30 GPN 10-0111
HG21-$-M20 21 M20x1.5 14 30 32 14.5 30 GPN 10-0112
HG25-S-M25 25 M25x1.5 15 34 39 19.5 37 GPN 10-0113
HG28-S-M25 28 M25x1.5 15 34 44 19.5 42 GPN 10-0114
HG28-S-N32 28 M32x1.5 16 34 44 26.5 42 GPN 10-0115
HG34-S-N32 34 M32x1.5 16 37 51 26.5 49 GPN 10-0116
HG34-S-N40 34 M40x1.5 16 37 51 32.5 49 GPN 10-0117
Waterial HG42-S-M40 42 M40x1.5 16 44 63 32.5 60 GPN 10-0118
Werkstoft HG42-S-150 42 M50x1.5 16 44 63 40.5 60 GPN 10-0119
HG54-S-M50 54 M50x1.5 16 49 76 42.0 73 GPN 10-0120
P alblack HG54-5-N63 54 M63x1.5 16 49 76 53.0 73 GPN 10-0121
HG67-S-M63 67 MB3x1.5 16 54 90 56.0 87 GPN 10-0122
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