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Material
Matiere
Werkstoff

Messing, vernickelt/
Brass, nickel plate
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Artikelbezeichnung/Nom. Schlauch-@/| Gewinde/Thread Lichte Weite/Bore SW / AJF| Projektnr./
Product type Nom. Conduit-# L M N 0 P Project no.

SC10-FM-M12 10 M12x1.5 7 5.6 21.0 13 GPN 10-0192

SC12-FM-M16 12 M16x1.5 10 8.5 23.0 17 GPN 10-0194

SC16-FM-M16 16 M16x1.5 10 11.5 25.0 20 GPN 10-0197

SC16-FN-M20 16 M20x1.5 10 11.5 25.0 22 GPN 10-0198

$C20-FM-N20 20 M20x1.5 10 15.3 26.3 24 GPN 10-0200

$C25-FM-M25 25 M25x1.5 10 19.1 29.5 29 GPN 10-0202

SC32-FM-N32 32 M32x1.5 13 26.2 36.8 36 GPN 10-0204

SC40-FN-M40 40 M40x1.5 14 34.6 39.0 48 GPN 10-0206

SC50-FM-M50 50 M50x1.5 15 44,7 42.0 58 GPN 10-0208

SC63-FM-N63 63 MB3x1.5 18 54.1 50.0 70 GPN 10-0211

SC75-FM-N75 75 M75x1.5 20 66.4 60.0 84 GPN 10-0212

SC10-FM-PG7 10 PG7 8 5.6 21.0 13 GPN 10-0193

SC12-FN-PGY 12 PGY 8 8.5 23.0 17 GPN 10-0196

SC16-FM-PG11 16 PG11 10 11.5 25.0 22 GPN 10-0199

$C20-FM-PG16 20 PG16 10 15.3 26.3 24 GPN 10-0201

$C25-Fl-PG21 25 PG21 12 19.1 32.5 29 GPN 10-0203

$C32-FM-PG29 32 PG29 13 26.2 36.8 38 GPN 10-0205

SC40-FM-PG36 40 PG36 14 34,2 39.0 48 GPN 10-0207

SC50-FM-PG42 50 PG42 15 44.8 42.0 58 GPN 10-0209

SC63-FM-PG48 63 PG48 16 54,5 48.0 70 GPN 10-0210
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