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Proprietary and Confidential |Pese: Machined plastic enclosures

Part No. TN-22.29

® Company:
Customername

Drawn by:
Marco Gabella
Checked by:
Gio Batta Viola

Unless otherwise specified:
-Tolerances: UNI EN ISO 22768-M
- Machining corner radius are 1mm
- Dimensions are expr. in millimeter

Customization code: g{ﬁ)%tlig&gate: Sheet: First angle prj.
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