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L. Stamping before plating. A_[T10-0145[J H | 12/1/1qlinear XX_% 0.15__|projection | tille
2. Mated with 10114826 housing. B |Ex-N-17283] TIM | 03/24/14 XXX+ /I
3. Product numbering: angles 0 12 '@' =] WTB 1.25MM TERMINAL
Part No Wire Range Insulation 0.D. Material Finish Qty/reel dr [JASON HSU [12/1/10 MM product famly  WTB code
10114827-001LF AVGH#28-#32 1.00mm¢max) Phosphor Bronze Tin—plated | 20,000pcs engr] JASON HSU [12/1/10] ——— [size[dwg no TWN
10114827-002LF AVGHRS-#32 1,00mm(max) Phosphor Bronze | Gold—flash | 20,000pcs chr [GARY HSIEH [12/1/10]scale 10114827 sheet
10114827-003LF AWGHPS-#3?2 1.00nn(nax) Phosphor Bronze GoldSu” | 20,000pcs appd[ JOSEPH HSIA [12/1/10 141 A4 1 of 1
10114827-004LF AVGH8-#32 1.00mm(max) Phosphor Bronze Goldi30u” | 20,000pcs sheet [ revision B
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