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HELUSOUND® 500 PUR
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Type

Cable structure
Conductor material:
Core insulation:

Core colours:

Stranding element:
Sheath material:

Cable external diameter:
Sheath colour:

Electrical data
Conductor resistance, max.:

Technical data
Weight:
Min. bending radius for laying:

Operating temperature range min.:
Operating temperature range max.:

Copper weight:

Part no. Cable structure
400109 2x1,5

400110 2x2,5

400111 2x4,0

400112 4x2,5

400113 4x4,0

400114 8x2,5

400115 8x4,0

HELW O

HELUSOUND(R) 500 PUR LAUTSPRECHERKABEL 2x1,5 QMM / 400109

Speaker cable HELUSOUND® 500 PUR

2x1,5
Copper, bare
PVC

rd, bk

pairs stranded
PUR

approx. 6,6 mm
black

12,7 Ohm/km

approx. 66,9 kg/km

33 mm

-25°C

+80°C

28,8 kg/km
Conductor Outer diameter Cop.
resistance approx. mm weight
Ohm/ km kg/ km
<12,7 6,6 28,8
<79 7.5 48,0
<49 9,4 76,8
<79 8,8 96,0
<49 11,6 153,6
<79 13,5 192,0
<49 16,8 307,2

Dimensions and specifications may be changed without prior notice.

Application

Weight
approx. kg / km

66,9

98,5
150,2
159,1
253,0
332,1
499,5

The robust solution for medium and high mechanical stresses, as robust, abrasion-resistant and cut resistant. Also suitable for outdoor use.
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