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Contact Resistance 50m ohm Max.
Insulation Resistance |DC 500V 100M ohm Min. X $ T\Y/? t
Dielectric Strength AC 1500V 1 minute : 1 2 3
Thickness X Y
Operation Temperature |-25°C~85°C 0.75..1.25 | 19.2-0.1_[13.2+0.1
R R 1.25..2 19.4-0.1 [13.2+0.1
Switch Function 3P SPDT (ON)-OFF-(ON) 5.3 19801 [132+01
Material:
Frame: Nylon#66, Black
Actuator: Nylon#66, Black
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Drawn Checked | Approved [SCIBOMNO| 1822761 Model Name| ROCKER SWITCH
ERF E & W |Customer No. Model No. | R13-661-02 Rev.
11/17/"10 11/19/10 |Unit mm @Shin Chin Industrial Co., Ltd. 1




