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Tolerances +0.3 Unless Otherwise Specified

Input6V~33V DC
Voltage Tolerance: +- 1% (0.1V @ 12V, 0.2V @ 24V)

Mounting Hole

Rating Red LED display.
Reverse polarity protection
Surge protection up to 35V/400W
Insulation Resistance  |DC 500V 100MQ Min.
Operating Temperature |-20T~501T
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Screw in Bulk
@3*16L

$36.8
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