Rating

Operafing voltage:7v~33V DC

Measuring Cumrent range:0~20.0A -

Current Tolerance: 5% 1A:0.1A,10A:+0.5A,20A:£1.0A
Red LED display.

Reverse pofarity protection.Surge protection up to 400W/35V

Mounting Hole

Insulation Resistance

DC 500V 100MQ Min.

Operating Temperature

-201C~50T

729

Current Wire 14 AWG(Red "BATTERY +"}
/ urrent Wire 14 AWG(Black "Load")
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