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In case that the application demands a high level of reliability, such as automotive,
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PLEASE USE ACCESSORY AS-A GUIDE PLATE. PARTS No.4.
AND ASSEMBLE CONNECTOR WITH CABLES INSERTING ACCESSORY INTO CONNECTOR.

4. TO SATISFY CAT5 PERFORMANCE. PLEASE ASSEMBLE ACCORDING TO HRS
INSTRUCTION: ATAD-E2353.
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FIGURE OF MATED COVER
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