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I:I Warm White
[ ] Neutral White
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&y Length 5 meters/Roll
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if Power 20watts/m
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&, 4 Width 8mm/10mm
A LED Qty 120LED/m
/ ;;f;: Input Voltage 12VDC
r_;" Lumen 6-7Im/LED
Vv PCB 2,3,40Z
Va2 CRI 70+, 80+
rg Waterproof IP20/1P54/1P65/1P67/1P68
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