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Notes:
1.Material:PVC Flame Retardant;
2.Color:Black;
3.RoHS Compliant;
DATE 2015-8-18 DIMENSION | TOLERANCE
TITLE HIGH TEMPERATURE METRIC LED SPACER SCALE FIT Ls4 +0.10
PART NAME MOLD NO. DRAW ZHR UNIT MM 4<L=15 1020
PART NO. SEE TABLE MATERIAL |  SEENOTES DESIGN ZHR | VERSION A0 15¢L=50 1030
DWG NO. COLOR SEENOTES | APPROVAL |  FDL VIEW @ = 50<L=100 1040




