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_— — — Bereich fir Durchgangsoffnungen
area for passage openings

Fenhlende Bemafungen kénnen
dem DXF enfnommen werden
missing dimensions are provided
in fthe dxf

Schutzvermerk SO 16016 beachten. Refer fo profection notice 1SO 16016. Mafstan: 1.7
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