Product datasheet NSYEC361

Characteristics Spacial SF 1 entry cable gland plate - fixed by
clips - 300x600 mm

Price* : 19.02 GBP
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Main 5
Range Spacial §
°
Product or component type Cable gland plate 4
Q
Accessory / separate part category Cable management accessory 2
Application Multi-purpose >
Prisma application 2
Range compatibility Spacial SF u:;
Prisma PH 2z
Spacial SFM §
Mounting location Enclosure bottom Z
Cable gland type Standard :g
Cable entry 1 entry 3
Device composition Fixing elements ﬁ
Self extinguishing polyurethane adhesive gasket with cross-section of 15 x 25 mm 3
1 plate 8
2
Quantity per set Set of 1 B
Material Galvanised steel é
2
Complementary g
Height 20 mm 3
Width Nominal : 300 mm 8
Useful : 116 mm bl
Real : 144 mm £
Depth Nominal : 600 mm g
Thickness 1.5 mm 8
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Offer Sustainability s
Sustainable offer status Green Premium product 'f
RoHS (date code: YYWW) Compliant - since 0940 - Schneider Electric declaration of conformity %
g
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IZ'-F‘Schneider Electric declaration of conformity

REACh

Reference not containing SVHC above the threshold

Reference not containing SVHC above the threshold

Product environmental profile

Available

II!I_"Product Environmental Profile

Product end of life instructions

Need no specific recycling operations

Contractual warranty

Warranty period

18 months
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http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=10175618&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfReach&pid=10175618&lang=en-us
http://download.schneider-electric.com/files?p_enDocType=Product+environmental&p_Doc_Ref=ENVPEP110923EN

