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1.

Intertek

@ RSFM 4/0;05 P25-1

illuminance luminous intensity
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Em: 162 Ix = 105° 05
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Energy efficiency category A/A+/A++

without

20-28V; DC

approx. 5 W

approx. 480 Im

approx. 96 Im/W

direct, wide-angled beam
neutral white, approx. 5000 K
>80

IP67

1l

switchable

external

aluminium, anodised, aluminium coloured anodised

screen, clear

approx. 0.3 kg

built-in plug

RSFM 4/0;05 P25-1
mounted version
L-angle, clamp

A=190 mm

angle of illumination 90°

A 40
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Errors and technical changes excepted. Images can vary from original.
Photometric and electrical data may vary due to component tolerances.
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