
PRODUCT SPECIFICATION 
 

Brand C.K 
Product Range Masonry Drill 
Catalogue number 3110 
Date 01/09/2014 

 

Range Description 
A range of professional quality Tungsten Carbide 
tipped brick drills 

 
 

 
 Tungsten carbide tipped drills designed for 

high performance drilling of masonry and 
stone  

 
 

 
 
 
 

 

 
 
Item Number Item Description EAN No Commodity 

code 
Shelf 

box Qty 

T3110 0475 C.K Masonry Drill Bit 4 x 75mm 5013969986372 82075030 5 

T3110 0585 C.K Masonry Drill Bit 5 x 85mm 5013969986389 82075030 5 

T3110 05150 C.K Masonry Drill Bit 5 x 150mm 5013969986396 82075030 5 

T3110 05585 C.K Masonry Drill Bit 5.5 x 85mm 5013969986402 82075030 5 

T3110 055150 C.K Masonry Drill Bit 5.5 x 150mm 5013969986419 82075030 5 

T3110 06100 C.K Masonry Drill Bit 6 x 100mm 5013969986426 82075030 5 

T3110 06150 C.K Masonry Drill Bit 6 x 150mm 5013969986433 82075030 5 

T3110 065100 C.K Masonry Drill Bit 6.5 x 100mm 5013969986440 82075030 5 

T3110 065150 C.K Masonry Drill Bit 6.5 x 150mm 5013969986457 82075030 5 

T3110 07100 C.K Masonry Drill Bit 7 x 100mm 5013969986464 82075030 5 

T3110 07150 C.K Masonry Drill Bit 7 x 150mm 5013969986471 82075030 5 

T3110 08150 C.K Masonry Drill Bit 8 x 150mm 5013969986488 82075030 5 

T3110 10150 C.K Masonry Drill Bit 10 x 150mm 5013969986495 82075030 5 

T3110 12150 C.K Masonry Drill Bit 12 x 150mm 5013969986501 82075030 5 

T3110 13150 C.K Masonry Drill Bit 13 x 150mm 5013969986518 82075030 5 

T3110 14150 C.K Masonry Drill Bit 14 x 150mm 5013969986525 82075030 5 

T3110 16150 C.K Masonry Drill Bit 16 x 150mm 5013969986532 82075030 5 

T3111 
Brick Drill Bit Set of 5 (sizes 4, 5.5, 
6.5, 7, 8mm)    

5013969986549 82075030 70 



T3112 Set with hex shanks 5013969986556 82075030 70 

Technical product 
information 
 
 

 

Standards 
compliance 

 

User health and 
safety information  

Users and bystanders are advised to wear safety goggles  
 

RoHS/WEEE 
compliance 

This product range does not fall within the scope of RoHS or 
WEEE regulations  

Material safety data None applicable 

Warranty C.K Drills are guaranteed for life against imperfect materials or 
workmanship 
Normal wear and tear or damage caused through inappropriate 
use is not covered 

Country of origin Germany 

 
 
Dimensional details  
 
 

 Product only Product on primary packaging 

Item Width mm Depth 
mm 

Height 
mm 

Net weight 
g 

Width mm Depth 
mm 

Height 
mm 

Gross 
weight g 

T3110 0475 75 4 4 4.3 197 48 5.4 11.8 

T3110 0585 85 5 5 7.7 197 48 6.3 15.2 

T3110 05150 150 5 5 14.5 232 48 12.7 23.5 

T3110 05585 85 5.5 5.5 7.7 197 48 6.3 15.2 

T3110 055150 150 5.5 5.5 19.3 232 48 12.7 28.3 

T3110 06100 100 6 6 13 197 48 7.2 20.8 

T3110 06150 150 6 6 19.7 232 48 12.7 28.7 

T3110 065100 100 6.5 6.5 15.1 197 48 7.2 22.9 

T3110 065150 150 6.5 6.5 23 232 48 12.7 32 

T3110 07100 100 7 7 15.2 197 48 7.2 23 

T3110 07150 150 7 7 23.2 232 48 12.7 32.2 

T3110 08150 150 8 8 32.3 232 48 12.7 41.3 

T3110 10150 150 10 10 47.6 232 48 12.7 56.6 

T3110 12150 150 12 12 61 232 48 17.6 70 

T3110 13150 150 13 13 84.1 232 48 17.6 93.1 

T3110 14150 150 14 14 85.4 232 48 17.6 94.4 



T3110 16150 150 16 16 123.5 232 48 17.6 132.5 

T3111 various various various 68.3 159 53 17 104.3 

T3112 various various various  159 53 17 
missing net 

weight 

 
 

 Shelf box (secondary packaging) Euro Pallet data 
Wi x Hi 

Item Width mm Depth mm Height mm Gross weight g No of cartons 
on base 

Number of 
rows high 

T3110 0475 197 83 28 85.2 
  

T3110 0585 197 83 28 102.2 
  

T3110 05150 232 100 28 152.9 
  

T3110 05585 197 83 28 102.2 
  

T3110 055150 232 100 28 176.9 
  

T3110 06100 197 83 28 130.2 
  

T3110 06150 232 100 28 178.9 
  

T3110 065100 197 83 28 140.7 
  

T3110 065150 232 100 28 195.4 
  

T3110 07100 197 83 28 141.2 
  

T3110 07150 232 100 28 196.4 
  

T3110 08150 232 100 28 241.9 
  

T3110 10150 232 100 28 318.4 
  

T3110 12150 232 100 28 385.4 
  

T3110 13150 232 100 28 500.9 
  

T3110 14150 232 100 57 498.2 
  

T3110 16150 232 100 57 688.7 
  

T3111 400 310 130 7689.6 
  

T3112 400 300 120 
missing net 

weight 

  

 
 
 
 
 
 
 
 
 
 



 
Packaging waste details 
 

 Primary Packaging Secondary packaging (shelf box + any 
other material not used in display) 

Item Plastic g Use Card g Use Plastic g Use Card g Use 

T3110 0475 1.5 Blister 6 
Backing 

card 
7.5 5 30 Box 

T3110 0585 1.5 Blister 6 
Backing 

card 
7.5 5 30 Box 

T3110 05150 2 Blister 7 
Backing 

card 
10 5 35 Box 

T3110 05585 1.5 Blister 6 
Backing 

card 
7.5 5 30 Box 

T3110 055150 2 Blister 7 
Backing 

card 
10 5 35 Box 

T3110 06100 1.8 Blister 6 
Backing 

card 
9 5 30 Box 

T3110 06150 2 Blister 7 
Backing 

card 
10 5 35 Box 

T3110 065100 1.8 Blister 6 
Backing 

card 
9 5 30 Box 

T3110 065150 2 Blister 7 
Backing 

card 
10 5 35 Box 

T3110 07100 1.8 Blister 6 
Backing 

card 
9 5 30 Box 

T3110 07150 2 Blister 7 
Backing 

card 
10 5 35 Box 

T3110 08150 2 Blister 7 
Backing 

card 
10 5 35 Box 

T3110 10150 2 Blister 7 
Backing 

card 
10 5 35 Box 

T3110 12150 2 Blister 7 
Backing 

card 
10 5 35 Box 

T3110 13150 2 Blister 7 
Backing 

card 
10 5 35 Box 

T3110 14150 2 Blister 7 
Backing 

card 
10 5 35 Box 

T3110 16150 2 Blister 7 
Backing 

card 
10 5 35 Box 

T3111 36 Blister 0 
Backing 

card 
2520 70 0 Box 

T3112 36 Blister 0 
Backing 

card 
2520 70 0 Box 

 


