Part Number: BU-34/BU-34C
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Micro-Alligator

e Solder or crimp connection

e Jaw opens 0.22” (5.6 mm) max

e Material: nickel-plated steel (BU-34) or solid copper (BU-34C)
e Length: 1.09” (27.78 mm)

e Rating: 5 Amps

e ROHS Compliant
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