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VIEW FROM COMPONENT SIDE
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(UNPLATE

POWER PTH
DETATLS
DRILLED HOLE 371 42mm
COPPER PLATING 25-50um
TIN PLATING 0.8-1.2um
FINTSHED HOLE DIA|T.25-1.35mm

D)

MECHANTCAL HOLE

. 6~2. 4(+10%)

(PCB THICKNESS)

NOTES:

o MATERTAL
- RESIN - LCP, GLASS FILLED, FLAME RETARDENT ACC
FLAMMABILITY CLASIFICATION - UL94-VO
-POWER CONTACTS - COPPER ALLOY

2. PLATING
-PURE TIN ON POWER CONTACTS

3. PRODUCT SPECIFICATION: GS-12-1428
4. APPLICATION SPECIFICATION: GS-20-XXXX
>. PACKAGING - TAPE & REEL

6. UNDER PLATING FOR CONTACTS IS 1.27um NICKEL.
7. PRODUCT WILL WITHSTAND EXPOSURE TO 260°

60 SECONDS IN A CONVECTION,
REFLOW OVEN

FOR

g. PRODUCT WHERE THE PARTNUMBER ENDS IN LF MEETS
EUROPEAN DIRECTIVES AND OTHER COUNTRY REGULATIONS
AS DESCRIBED IN GS-47-0004.

INFRA RED OR VAPOUR PHASE
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PACKAGING SPECIFICATION
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DIRECTION OF FEED — 0100 i
0330
TAPE & REEL PACKING DETAILS
- NOTES:
= . PACKAGING DETAILS AS PER EIA-481 STD.
2. MATERIAL : (ANTISTATIC)
CARRIER TAPE : POLYSTYRENE
COVER TAPE : POLYSTYRENE
D6:1)
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BULKHEAD\

(3.00)

(3.10)

(6.10)

BOARD CONNECTOR

5. 12 £0. 40

(CENTER OF BULKHEAD
OPENING TO TOP
SURFACE OF PCB)

PANEL]

BULKHEAD OPENING CENTRE LINE (2.05)
26,13 +£0.30
NOTE :
+0.60
CENTERING OF THE BOARD |, REFER DRAWING 10140956 FOR BULKHEAD DETAILS
CONNECTOR WITH BULKHEAD
CAVITY
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