
DUCT TAPE 2200

HPX-D2200-4825S 48 mm 25 m silver 20 5425014225556

HPX-D2200-4850S 48 mm 50 m silver 20 5425014225501

HPX-D2200-4850BK 48 mm 50 m black 20 5425014225266

HPX-D2200-7550S 75 mm 50 m silver 12 5425014225525

• Premium duct tape with high adhesion
• Good adhesion to the most surfaces
• Versatile: packaging, bundling, sealing, temporary reparations
• Hand tearable

Art. No. width length colour Pack. EAN code

Adhesive natural rubber
Carrier PE coated cloth
Maximum temperature 60°C (up to 70°C for short periods)
Tensile strength 85 N/25 mm
Adhesive strength 14 N/25 mm
Thickness 0,20 mm
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