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| 6 | HOUSING 1 | PA1OT UL—94VO(BLACK)
5 | GROUND SHIELD 1 1C5191 t=0.30 Ni PLATED
4 | SHIELD PLATE 1 [SUS301 t=0.10
3 | PEG 1 [C2680 t=0.40
2 | TIP_SPRING 1 [C5191 t=0.30 Ag PLATED
1 [ CENTER PIN 1 [ZINC ALLOY Ni PLATED
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