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Specifications

Contact Type: Solder

PH*: Free receptacle, cable collet and nut for fitting a bend relief

2 keys (alpha=30, plug: male contacts, receptacle: female contacts)

Brass (chrome plated) shell and collet nut, nickel plated brass latch sleeve and mid pieces
Z : Nut for fitting a bend relief

10.07 g

0B.307 : 7 Low Voltage
L: PEEK
2.5 Amps

Contact Dia.: 0.5 mm (0.02in)
Bucket Dia.: 0.45 mm (0.018in)
Max. Solid Conductor: 0.09 mm"2 (AWG 28)
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https://www.lemo.com/pdf/FGA.0B.307.CLAD52Z.pdf
https://intra28.lemo.com/it_leads_portal?intra=0&req=Quotes%20request&itemps=UEhBLjBCLjMwNy5DTExENTJa
https://www.lemo.com/catalog/ROW/UK_English/unipole_multipole.pdf

Max. Stranded Conductor: 0.09 mm”2 (AWG 28)
R (max): 8.7 mOhm

Vtest (contact-shell): 700 V (AC), 990 V (DC)
Vtest (contact-contact): 800 V (AC), 1130 V (DC)

Others

Endurance (Shell): 5000

Temp (min / max): -55°C / +250°C
Humidity (max): <=95% [at 60 deg C /140 F]
Vibration: 15 g [10 Hz - 2000 Hz]

Shock Resistance: 100 g [ 6 ms]

Climatical Category: 50/175/21

Shielding (min): 75 dB (10 MHz)

Shielding (min): 40 dB (1 GHz)

Salt Spray Corrosion: >1000 hr

IP Rating: 50

DRAWINGS

Draws

30°

|
|
‘-
S2 51
Dimensions
A L 51 52
mm. 9.5 34.5 8 7
in. 0,37 1,36 0,31 0,28

RECOMMENDED BY LEMO

LEMO products and services are provided “as is”. LEMO makes no warranties or representations with regard to LEMO product & services or use of
them, express, implied or statutory, including for accuracy, completeness, or security. The user is fully responsible for his products and applications
using LEMO components.

213



Tools

Spanner: DCP.91.001.TN
Spanner wrench: DCD.0B.005.PAQ70

Cables
CMN.07.T28.044PGCE PVC GREY =
CMN.07.T28.044PGZE Grey -
CMN.07.T28.044PNCE PVC Black = I
CMN.07.T28.044PNZE Samms
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