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GRJ17

PRODUCT SPECIFICATION - STANDARD

Dim (LxWxH): 255 X 250 X 160

Model No: GRJ17

Order No : GRJ17

Weight (gm): 3.806

AVAILABLE ON DEMAND

DIN Rail TS35

Mounting Plate Yes

External Mounting Brackets Yes

Hinges External

Alter Lid Screw Yes

Sealable Lid screw Yes

TECHNICAL SPECIFICATION GREY BLACK

Colour RAL 7000 Similar to RAL 9011

Material Glass Fiber Reinforced Polyester Glass Reinforced Polyester - Graphite Added

Gasket: Neoprene Silicone

Surface Resistance > 1012Ohm < 109Ohm

Service Temprature - 40°C to +80°C -60°C to +110°C

Lid Screw Captive Screw - SS1.4301 (A2) - M6

Tightening Torque: 2 to 3 Nm

Protection IP 66, EN 60529

Impact Strength Impact Energy > 7 Joules, EN 60079

Flammabilty Self Extinguishing, UL 94 V0

Process Control System ISO 9001 - 2015, IEC 80079 - 34 - 2011
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