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Multi-Quick clip

 

PG and metric
Simple fastening
Secure locking
Radial arrangement
Simplified storage
Clamping ranges from 15-37 mm
Universally applicable
Fastening in rail type CL2008

 

15-19 Light grey
18,5-22,5 Light grey
25-28,5 Light grey
31-37 Light grey

Type

M-Quick 15-19LGR
M-Quick 18-22LGR
M-Quick 25-28LGR
M-Quick 31-37LGR

Clamping
range D
mm

Colour Pack.
pcs

100
100
50
25

Weight
kg/100 pcs.

0,545
0,760
1,170
1,780

Item No.

2153106
2153114
2153130
2153157

PA Polyamide

15-19 27,5 32 8 12 40
18,5-22,5 33 37 9 13 50
25-28,5 43 46 12 16 60
31-37 55 58 14 18 65

Type

M-Quick 15-19LGR
M-Quick 18-22LGR
M-Quick 25-28LGR
M-Quick 31-37LGR

Clamping
range D
mm

Dimen-
sion B
mm

Dimen-
sion H
mm

Dimen-
sion L
mm

Dimen-
sion L1
mm

Pull-
out 
value
N

  Dimensions


