
The Selection line is among the most diffused 
of the automotive world thanks to the reliability

and strength  of its components
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02087

02086 02085

Ø 200 mm  
WATT PEAK 300    

Ø 165 mm  
WATT PEAK 90   

Ø 165 mm - EXTRA FLAT
WATT PEAK 90    

COD WATT PEAK / rms FREQUENCY RESPONSE 
Hz S.P.L. IMPEDANCE

WOOFER

SIZE MATERIAL DEPTH

02087 300 / 130 40 > 3500 90 dB 4 Ω 200 mm / 8” Polypropilene 74 mm

02086 90 / 35 70 > 6500 92 dB 4 Ω 165 mm / 6.5” Polypropilene 60 mm

02085 90 / 35 70 > 6500 91 dB 4 Ω 165 mm / 6.5” Polypropilene 56 mm

02083 70 / 25 70 > 7000 90 dB 4 Ω 130 mm / 5 “ Polypropilene 55 mm

02083

Ø 130 mm  
WATT PEAK 70 

WOOFER
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02081

MID-WOOFER Ø 100 mm  
WATT PEAK 50  

COD WATT PEAK / rms FREQUENCY RESPONSE 
Hz S.P.L. IMPEDANCE

WOOFER

SIZE MATERIAL DEPTH

02081 50 / 25 80 > 7700 92 dB 4 Ω 100 mm / 4 “ Polypropilene 45 mm

MID-WOOFER

02047

Ø 165 mm 
2 WAY
WATT PEAK 90    

COD SYSTEM WATT PEAK / rms FREQUENCY RESPONSE 
Hz S.P.L. IMPEDANCE

WOOFER DOME TWEETER

SIZE MATERIAL DEPTH MATERIAL

02047 2 WAY 90 / 35 80 > 20000 92 dB 4 Ω 165 mm / 6.5” Polypropilene 60 mm Polycarbonate

MARINE
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COD WATT PEAK / rms FREQUENCY RESPONSE 
Hz S.P.L. IMPEDANCE

WOOFER DOME TWEETER

SIZE MATERIAL DEPTH MATERIAL SIZE

02046 90 / 35 80 > 20000 92 dB 4 Ω 165 mm / 6.5” Polypropilene P 60 mm Polycarbonate 15 mm

02045 90 / 35 70 > 19000 92 dB 4 Ω 165 mm / 6.5” Polypropilene P 56 mm Polycarbonate 15 mm

02043 70 / 25 70 > 19000 92 dB 4 Ω 130 mm / 5” Polypropilene P 52 mm Polycarbonate 15 mm

02041 70 / 25 70 > 20000 92 dB 4 Ω 100 mm / 4” Polypropilene P 45 mm Polycarbonate 15 mm

02046 02045

Ø 165 mm 
2 WAY 
WATT PEAK 90 

Ø 165 mm  
2 WAY - EXTRA FLAT
WATT PEAK 90    

02043

02041

Ø 130 mm  
2 WAY 
WATT PEAK 70 

Ø 100 mm  
2 WAY 
WATT PEAK 70   

CO-AXIAL 
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02097

02094

02091

WOOFER  Ø 165 mm  
WATT PEAK 90    

WOOFER  Ø 130 mm  
WATT PEAK 70   

WOOFER  Ø 100 mm  
WATT PEAK 70  

COD WATT PEAK / rms FREQUENCY RESPONSE 
Hz S.P.L. IMPEDANCE

WOOFER
DOME TWEETER CROSSOVER

SIZE MATERIAL DEPTH

02097 90 / 35 70 > 20000 90 dB 4 Ohm 165 mm / 6.5” Polypropilene 60 mm SILK 20 mm 12 dB/oct

02094 70 / 25 70 > 20000 90 dB 4 Ohm 130 mm / 5” Polypropilene 52 mm SILK 20 mm 12 dB/oct

02091 70 / 25 70 > 20000 90 dB 4 Ohm 100 mm / 4” Polypropilene 56 mm SILK 20 mm 12 dB/oct

2 WAY SYSTEM KIT
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