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P LTR DESCRIPTION DATE DWN APVD
B REVISED PER ECR-16-011494 20JUN201T | NK CX
B? ECO-19-006934 I3MAY2019 | AP WS
Lﬁl MATER AL : CONTACTS - BRASS
HOUSING - UL 94V-O RATED HIGH TEMP NYLON, COLOR BLACK.
Lﬁl PLATING: CONTACTS - 2.54um MINIMUM TIN-LEAD OVER | .27um MINIMUM
|30 HOUS I NG NICKEL .
‘L Zﬁl RECOMMENDED PC BOARD THICKNESS OF .57,
$ ¢ Z/\l PLATING: CONTACTS - 2.54um MINIMUM MATTE TIN OVER | .27um MINIMUM
86 CONTACT NICKEL.
l ]
Jx \
0.51 ‘ ‘
~—8 .92
REF
5 33.00 28. 10 33.00 40 .14 | 2 3-1445055-2
5 30.00 25. 170 30.00 37.14 || 3-1445055- |
5 27.00 22.10 271.00 34,14 10 3-1445055-0
5 24 .00 19.70 24 .00 3. 14 9 2-1445055-9
5 21.00 l16.70 21.00 28. 14 8 2-1445055-8
5 18.00 13,70 18.00 25. 14 1 2-1445055-7
5 15.00 0. 70 15.00 22. 14 6 2-1445055-6
5 12.00 1.70 12.00 9. 14 5 2-1445055-5
5 9.00 4.70 9.00 6. 14 4 2-1445055-4
5 - - 6.00 13,14 3 2-1445055-3
5 - - 3.00 0. 14 ? 2-1445055-7
SUPERSEDED BY 3-1445055-7 > 33.00 28 .10 33.00 40 . 14 | 2 14450552
SUPERSEDED BY 3-1445055- | > 30.00 25. 170 30.00 37.14 || —+44-50-55—1
SUPERSEDED BY 3-1445055-0 > 271.00 22.10 21.00 34 . 14 10 H—+445055—70
SUPERSEDED BY 2-1445055-9 > 24 .00 19.70 24 .00 31,14 9 H4-4-50-55—9
SUPERSEDED BY 2-1445055-8 > 21.00 l16.70 21.00 28 14 8 HAAS50-55—8
SUPERSEDED BY 2-1445055-7 > 18.00 13,70 18.00 25. 14 1 H-45055—1
SUPERSEDED BY 2-1445055-6 > 15.00 0. 70 15.00 272. 14 6 HAAS50-55—+6
SUPERSEDED BY 2-1445055-5 > 12.00 1.70 12.00 9. 14 5 H-A5055—5
SUPERSEDED BY 2-1445055-4 > 9.00 4,70 9.00 6. 14 4 HASO55—4
SUPERSEDED BY 2-1445055-3 > - - 6.00 3. 14 3 HA50-55—3
SUPERSEDED BY 2-1445055-7 > - - 3.00 0. 14 ? HAS5055—72
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