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 PANEL THICK 
2.5~4.0mm
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COPPER ALLOY NUT 5

RUBBER O-RING 4

COPPER ALLOY BODY NUT 3

PA66 UL94-V0 HOUSING 2

GOLD PLATED CONTACT 1

MATERIAL DESCRIPITON ITEM

RPC-M8-MF-4CON-M10-LBU 4 T4040014041-000

RPC-M8-MF-3CON-M10-LBU 3 T4040014031-000

TYPE POS . PART NUMBER

TECHNICAL DATA T4040014031-000 T4040014041-000

RATED IMPULSE
 VOLTAGE

 1500V 800V

RATED VOLTAGE 60V 30V

RATED CURRENT 3A

OVERVOLTAGE
 CATEGORY

II

MATERIAL GROUP II

DEGREE OF 
PROTECTION IP67

TEMPERATURE -40�$�C~85�$�C

TABLE 1

NOTES:
 
1. TECHNICAL DATA: SEE TABLE 1
 
2. PIN ASSIGNMENT SEE VIEW A.
 
3. ALL PRODUCT MUST COMPLIANCE WITH ROHS AND REACH.

    :
1.     :  1
 
2.        A;
 
3.      ROHS REACH.
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RECOMMENDED PCB LAYOUT
 PCB THICKNESS:1.6mm
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