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RATED CURRENT 4N 4A 4A 4N
POLLUTION DEGREE 3 3 3 3
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MATERIAL GROUP 11 11 Il I
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CABLE CABLE LENGTH TABLE 2
- - CABLE 6 2131415
FLASH GOLD COPPER ALLOY CONTACT 5 2131415
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DIMENSIONS: TOLERANCES UNLESS KOBBY ZHAO
OTHERWISE SPECIFIED: APVD SOMAR2016 [nNaME
m XLANG XL M12 PANEL MOUNT CONNECTOR
0pLC & D CODE, FEMALE, REAR MOUNTING
@gz PLC +0.? 1087106140 _
RECOMMENDED PANEL CUTOUT Tl 1 e o T ESTaE
ANGLES +- 114-137144
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