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FCN NO. DATE SIGN DESCRIPTION

LENT3T70003 | 2013/07/06 Cary Change Note & Panel Cut-out
LENT3A0045 | 2013/10/15 Raison Modify Jack PN,Note Panel THK
LENT610282 | 2016/01/13 Ruru Change Note

DCC. DEPT. ;
CONFIDENTIAL

2016.01.22
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@D45.60 +£0.25 /0
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Note:
Recommended Panel Cut-out + @D Important Dimension

SLT R * Waterproof Rate: [P6T (Unmated Waterproof)
Housing: Nylon+tGF, BLACK
CONFIDENTIAL ¥ RJA5 Jack: Cat 5¢, Shicld

| 201601-13 | /N\* Gasket: Silicone, UL 94V-0, Black

R&D DEPT. ¥ Screw Nut: NylontGF, BLACK
Contact: Phosphor Bronze, Gold Flosh Over Nickel

*
@* For Panel Thickness Max: 3.0mm

* Screw ftorsion value range: 8~[5kgf-cm
* Temperature Range: -40°C to 105°C
* All Parts Should Meet RoHS Compliant.
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