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TECHNICAL DETAILS
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Specifications

Contact Type: Solder

FFA*: Straight plug, cable collet
Hermaphroditic keying (half moon insert) with male pin 1

Brass (chrome plated) shell and collet nut, nickel plated brass latch sleeve and mid pieces

22.02 ¢

1E.305 : 2 (0.9 mm) + 3 (0.7 mm) Low Voltage
L: PEEK (UL 94 / V-0/1.5)
7 Amps

Vtest: 1500 V (AC), 2100 V (DC)
Vtest: 1500 V (AC), 2100 V (DC)
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https://www.lemo.com/pdf/ERA.1E.305.CLL.pdf
https://intra28.lemo.com/it_leads_portal?intra=0&req=Quotes%20request&itemps=RkZBLjFFLjMwNS5DTEFDNjU=
https://www.lemo.com/catalog/ROW/UK_English/unipole_multipole.pdf

Others
Endurance (Shell): 5000 mating cycles
Temp (min / max): -55°C / +200°C
Humidity (max): <=95% [at 60 deg C /140 F]
Vibration: 15 g [10 Hz - 2000 Hz]
Shock Resistance: 100 g [ 6 ms]
Climatical Category: 50/175/21
Shielding (min): 95 dB (10 MHz)
Shielding (min): 80 dB (1 GHz)
Salt Spray Corrosion: >1000 hr
IP Rating: 68
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Dimensions
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mm. 13 42 28 9
in. 0.51 1.65 1.10 0.35

RECOMMENDED BY LEMO

Tools

Spanner wrench: DCD.1E.008.PA090
Caps: BFA.1E.100.NAS
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using LEMO components.
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