
Page 1/3

Power cable
Model: AK-PC-05A
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Product code AK-PC-05A

Product type Power cable

Series Pro

Output voltage 250 V

Output amperage 10 A

Ground wire Yes

Cable length 5 m

The cable plug #1 Hybrid standard C/E/F ( CEE 7/7 )

The cable plug #2 IEC C13

Material CCA

Wire construction 3 x 0.75 mm2

Isolation material PVC

Cable diameter 7 mm

Product color Black

Product size (L x W x H) 270 x 97 x 47 mm

Net weight 370 g

CE compatibility Yes

FCC compatibility No

RoHS compatibility Yes

REACH compatibility Yes

EAN code 5901720130860

Warranty 24 months
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Description
Akyga® AK-PC-05A is a solid power cable, designed to power internal ATX, ITX adapters and all other compatible with IEC
C13 plug.
A  five-meter long  cord  will  help  in  case  of  restricted  access  to  a  power  source.  Product  is  compatible  with  most  power
supplies available in Akyga’s offer.


