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Technical Datasheet Ro/HSz

taskero C208 — 2x0,25 mmaissie
Low Capacity Balanced Microphone Cable

CATEGORY  Balanced Microphone Cable (See Audio Catalogue)
APPLICATIONS Pre Made Audio Cables and Microphones.

A: SofPVC Sheath. Available in different color .
Outer cable Digh6,20 ¢0,20) mm.

B: Shielding O.F.C. red copper braid covering 95%.

C: The cores are stranded in a pain teiktile waste filler between
conductors andpped with not woven polyester based tape.

D: Core Insulation with a compact P&épred one White and one
Blue. Diam. @ 1,60,20) mm.

E: O.F.C. red copper, formation 8x0n2@.

Nom. Cross sectx9,25 mmz2.

MARKING tasker® C208 2x0,25 mm? - 23 AWG — Professional Noiseless Microphone
— Low Capacity
CUSTOM This product may be custom produced alsb.81Z.H. polymer, PE, PUR,
PRODUCTION with or without Metallic Armor.

Cable Properties

Conductor Resistance 75,85 Q/Km
Capacity Core/Core 51 pF/mt
Capacity Core/Shield 88 pF/mt
Max Rated Voltage 49V
Operative Temperature | -15/+70°C
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