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SPECIFICATIONS: MATERIALS: AR ﬁ ONPOW PUSH BUTTON MANUFACTURE CO.,LTD.
- . : USED APPD
1.Switch Qperatlo_n. Momentary NO (Pulse). 1.Body: Al Alloy/Stainless steel. THESE DRAWINGS AND SPECIFICATIONS | i &g CH 2020/05/15
2.Max.Switch Rating: 200mA 24VAC/DC. BUTTON MANUFACTURE CO..LTD. AND | FINISH CHKD
; e e SHALL NOT BE REPRODUCED COPIED OR| M FE #zxt NCH 2020/05/15
3.Operation Life: 50 Million cycles. USED IN ANY MANNER WITHOUT THE 1 omre ONT R
4.0Operating Temperature: -40°C~ +75°C. PUSH BUTTON MANURACTURE Co.10. |EEf) 1.8 /1 ‘#ﬂi MM |E ZPD 2020/05/15
5.IP Class: IP68. DIMENSIONS | TOLERANCE | ITE  p; . .
iezo electric Switch
6.Wiring: AWG 26, Length 300mm. D000 18.00mm | __#0.43mm ﬁvzﬁ;o sfg
7.0perating Force: About 5~10N. 001T05000mm | _06mm s PS165Z10A 8 ma A4
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