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Electrical Performance

Impedance. 50 ohms

Frequency Range. (~5GHzz
VS.W.R: 2.0

Operating Voltage. 300 Vrms Max.

Operating Temperature, _40°C ~+90°C
Open and Short Test

NN AW -

Insulator Resistance: 10 Megohms Mip,
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