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} Recommend metal mask

\ Thickness : 0.15 to 0.2mm
} Opening ratio : 100%
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w Notes 1. Lead co—planarity include reinforced metal fittings

HRS marking shall be 0. 1mm MAX.

5 Polyester Clear (Cover tape)
Surface:Tin plated 1#m MIN 4 PS Clear (Embossed carrier tape)
2 Brass
(Under plating)Copper plated 0.5em MIN Surface:Tin plated 1#m MIN
1 Polyamide Natural(Beige). ULS4V-0 3 Brass (Under plating)Nickel plated 1am MIN
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Direction of unreeling <:f;;:2::\
<:§:\ Notes 2. 1 reel 1000 connectors.
Style and dimension of reel 3. At the beginning of the reel. 30 boxes shall be empty.
’,Z/, At The end of the reel. 20 boxes shall be empty.
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Part No. label

#1.5 sprocket

hole far side
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Part No.
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Date of manufactured
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