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PG Thread Cable Gland Data Sheet
PCN RRPL CODE
_ . Cable Range
DAA1100443 |RNPG-11 S| pare N Threading (in mm)g AJF 3 A B (+0.5) C D O
DAA1100444 |RNPG-13.5 No.| "R Type PG) | (o) | (£0.25) | (£025) — (20.5) | (20.5)
DAATI00451 |RMNPG-16 = e Min. Max.
DAATI00445 [RNPG-21 1 |RRPL-7 PG-7 3.5-65 15.00 16.50 27.50 30.50 9.00 12.50 12.00
DAATIO0452 |RMNPG-29 2 |RRPL-9 PG-9 55-8 18.00 20.00 31.00 35.50 8.50 16.50 15.20
DAATIODAAT7 |RMPG-36 3 [RRPL-11 PG-11 7-10 22.00 24.50 31.50 35.50 8.50 17.00 18.30
DAATIDDLAR | RNPG-42 4 |RRPL-13.5 PG-13.5 8-12 24.00 26.00 27.50 32.50 9.00 17.50 20.00
DAAL1100442 |RNPG-9 5 |RRPL-13.5L PG-135L 8-12 24.00 26.00 36.50 40.50 13.00 17.50 20.00
DAATIOD1312 6 |RRPL-16 PG- 16 10- 14 27.00 30.00 35.00 40.50 10.00 19.00 22.50
) o 7 |RRPL-16L PG-16L 10- 14 27.00 30.00 40.00 44.50 14.50 19.00 22.50
Technical Specification 8§ |RRPL-21 PG - 21 14-18 33.00 36.00 39.00 45.00 11.00 21.50 28.50
Body . Polyamide 6 9 |RRPL-29 PG - 29 19-25 42.00 47.00 46.00 53.50 11.00 26.50 36.70
ieahﬂg = EPR / EPDMSOOC Lo 10 [RRPL-36 PG - 36 25-32 54.00 59.00 57.50 64.00 13.00 30.50 47.00
emperature : Dynamic - fo RRPL .42 ) _
Static  -10°C to 80°C 11 PG -42 32-38 59.00 65.50 63.00 69.00 20.50 31.00 53.50
Protection Class LP. 67 12 [RRPL-48 PG - 48 38-42 65.00 71.00 65.00 71.50 20.50 32.00 59.30
Color . Black/Grey 13 |RRPL-63 PG - 63 40 - 50 74.00 83.00 81.00 96.00 29.00 42.50 70.00
Certification : RoHS " "
: 14 |RRPL-1/2" NPT 1/2" NPT 7-12 24.00 26.00 40.00 44.00 14.00 17.50 21.00
Connecting thread . PG Standard
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